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GASKET COVERPLATE,
ADHESIVE ON ONE SIDE

OUTLET BOX
COVER PLATE

NOTES:
1. COVER PLATE RATING UL TYPE 1.
2. ALL DIMENSIONS IN INCHES AND [MM].
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