CADDY® SUPERKLIP

CADDY® SUPERKLIP
389014

P

Features

« Closes and locks automatically when the pipe, tube or cable is inserted

« One-piece clamp for fast and convenient installation

« Fasten with either wood screw, dual threaded screw with or without collar, nail with collar, threaded rod, mounting
plate or shot-fire bracket

Product Specifications

Part Number 389014
Material Xenoy®

Outer Diameter (OD) 25/16"-21/2"
Rigid Conduit Size 2"

Pipe Size 2"

B 13/16"

C 315/32"

Static Load (F) 92 Ib

Standard Packaging Quantity 20 pc

upC 78285659792
UNSPSC 40141725
EAN-13 8711893039207
ETIM EC011409
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